ME Offshore Swing Door Latch
Flush, key locking and privacy

o Dffshore is available for Flush Privacy Locking
hoth mortise- and flush-

mount installations. / Imperial Motris
e All marine-grade materials Nominal | Decimal
for corrosion resistance A 4.37/64 | 459 116.5
o (Offshore flush-mount is B 2 5/32 217 55
designed to fit thinner c 3 15/16 394 100
doors (from 12.7mm/ D 2 7116 2.44 62
1/2”) E 1 3/16 1.18 30
e |nterior Privacy Lock with
exterior override
Material and Finish
Lock engine: Aluminum

Handles, escutcheons finish:
chrome, aluminum and black
Privacy: Acetal

:ﬂ D Imperial .
+ ] Nominal | Decimal Metric
| A 321/32 3.65 93
\ B 13/32 1.09 28
A | E c 121/32 1.65 1Y)
, D 13/32 1.09 28
| E 41/32 4.00 102
LB ¥
| C .|

Part Number Selection

ME - 01 - [D][LJ[T]-[F

[0] Directional Door Swing: T oA 1{ For strikers
IE Directional Finish see page 531
2 Right Out 10 Chrome
Left Hand in_ Right Hand in 3 RightIn 50 Black
4 |eft Out 60 Aluminum
= 5 Leftin
Left Right IIl Locking Option< —> Door Thickness
Hand out Hand out 0 Privacy 0 12.5-15mm (1/2" - 5/8")
1 Key Locking 1 145-17mm (9/16” - 11/16")
. . . 2 17-19mm (11/16” - 3/4")
Other options available. For complete details N N
on variety, part numbers, installation and 3 19-21mm (3/4" - 7/8")
specification, go to ®
INFO | o ‘ southco
CLIC 8 www.southco.com/ME Dimensions in millimeters (inch) unless otherwise stated CONNECT - CREATE . INNOVATE
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ME Offshore Swing Door Latch /8
Mortise locking | IE![|

Mortise Privacy Locking ¢ All marine-grade -
A materials for corrosion
" Imperial . resistance
L1 . . Metrlc - - -
N Nominal | Decimal ¢ Mortise mount installation
0 A Sk | 4% 129 * Interior privacy lock with
B 55/16 531 135 exterior override
Bl c 31516 | 3.94 100
lj D 39/64 61 155 Material and Finish
. E 4 37/64 4.59 116 Lock engine: Aluminum
F 13/16 118 30 Handles, escutcheons finish:
® chrome, aluminum and black
Privacy: Acetal
Panel Preparation Imperial
- - Metric
0 A— <G| Nominal | Decimal
g B_g | g H A 172 50 12.5
e :— a0 B 172 50 12.5
| | c 55/16 5.31 135
@) depth =
C D[l "1 3018 onlyon D 4 4 102
: | | privacy knob side E 1/16 06 15
|
| " F 111/16 1.69 43
N —_
=
¥ i oL G 111/64 117 30
B == _>| H 5/16 31 8
-~ | 12 50 12
J 18 88 22
K 172 50 12
L 5/16 31 8

Part Number Selection

ME-I]Z-IEII_EII_T_I-F i

4—T | 1 For strikers [0] Directional Door Swing:
El Directional E Finish see page 531

2 Right Out 10 Chrome E[:)

i E'%th(t)“j[ gg E:ack Left Hand in  Right Hand in
eft Ou uminum

5 LeftIn 7o\

Locking Option< —> Door Thickness Left Right
0 Privacy 4 18-22mm (11/16” - 7/8") Hand out Hand out
1 Key Locking 5 22-27mm (7/8"-11/16")

6 27-32mm(11/6”-11/4")

Other options available. For complete details

T 32-37mm (1 1/4"-11/2") on variety, part numbers, installation and
® specification, go to
southco o | o]
CONNECT - CREATE . INNOVATE Dimensions in millimeters (inch) unless otherwise stated CLIC 8 www.southco.com/ME




ME Offshore Swing Door Latch

" Curved locking
e All marine-grade Flush Curved Offshore
materials for corrosion Imperial :
. Metric
resistance Nominal | Decimal
¢ Flush mount installations A 4.37/64 | 4589 1165
o [nterior privacy lock with B 2 5/32 217 55
exterior override c 3 15/16 3.94 100
D 2 7/16 2.44 62
Material and Finish E 1 3/16 118 30
Lock engine: Aluminum
Handles, escutcheons finish:
chrome, aluminum and black
Privacy: Acetal
Imperial .
Metric
Nominal Decimal
A 321/32 3.65 93
B 13/32 1.09 28
c 121/32 1.65 42
D 13/32 1.09 28
E 41/32 4.00 102

Part Number Selection
IET LT { ]
o 1 For strikers
IE Directional E Finish see page 531
6 Right Out/Left In 10 Chrome
1 Left Out/Right In 60 Aluminum
IE Directional Door Sng: Locking Option<«——— > Door Thickness
0 Privacy For thinner doors please add below spacer
1 Key Locking 1 12.7mm (1/2")
Left Hand in Right Hand in 2 19mm (3/4")
3 25.4mm(1")
Left Right
Hand out Hand out
Spacer Part Number
Chrome, 2 mm (5/64") ME-R8362
Other options available. For complete details
on variety, part numbers, installation and
specification, go to ®
o) I | soucthco
CLIC 8§ www.southco.com/ME Dimensions in millimeters (inch) unless otherwise stated CONNECT . CREATE - INNOVATE
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